FbRﬁP PERFORMANCE CURVES FP 2.0
1500 GPM

a xylem brand OCTOBER 2012

SUPERSEDES ALL PREVIOUS ISSUES

Curve No.

1500FP14RJHC
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Model: FP14RJHC
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Efficiency Correction
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Perf based on
STD materials

T
\

!
A\
\
A\

Impeller: B01239B

TOTAL HEAD (PSI) PER STAGE
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NS = 2830

13.2 LBS/FT
K= 19.6 KGM
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Characteristics based
upon pumping clear
non-aerated water.
Rating point only is
guaranteed. Column
lossed not included.
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HORSEPOWER PER STAGE
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Pressure Range: UL & FM Approved
1155 - 681Ft (50 - 295 PSI) GPM
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