FbRﬁP PERFORMANCE CURVES FP 2.0

750 GPM
a xylem brand OCTOBER 2012

SUPERSEDES ALL PREVIOUS ISSUES
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Pressure Range: UL & FM Approved
164 - 746Ft (71 - 323 PSI) GPM
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