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Pressure Range: UL & FM Approved
92 - 693 Ft (40 - 300 PSI)

© 2012 Xylem Inc. A-C Fire Pump is a trademark of Xylem Inc. or one of its subsidiaries.

Performance based
on standard materials

Impeller: C04612B

NS = 2100

« _7-50 LBS/FT
11.20 KG/M

Characteristics based
upon pumping clear
non-aerated water.
Rating point only is
guaranteed. Column
lossed not included.
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