FlRE PERFORMANCE CURVES

FP 2.0
PUMP
1000 GPM
a xylem brand OCTOBER 2012
SUPERSEDES ALL PREVIOUS ISSUES
curve A-8920-1 pump 8x6x14F-L 8200 (2 STAGE) | speep 3000 rem IMPELLER DATA
1000 GPM FIRE PUMP APPROVAL PRESSURE RANGE 220-458 UL & FM [ \wp. 1st: P-4650-1 NO. OF
Nno. 2nd: P-4651 VANES 6
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Curves show performance with clear water at 85°F. If specific gravity is other than 1.0, BHP must be corrected.
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