FIRE
PUMP

a xylem brand

PERFORMANCE CURVES

450 GPM

FP 2.0

OCTOBER 2012

SUPERSEDES ALL PREVIOUS ISSUES

curve A-9078-1 pump 4x4X7F 1580

sPeep 2960 rem

IMPELLER DATA

450 GPM FIRE PUMP APPROVAL PRESSURE RANGE 40-

)-50 PSI UL&FM
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spHERE 0.56" AREA 15.5in’
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PRESSURE EXCEEDS 175 PSL. m
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Curves show performance with clear water at 85°F. If specific gravity is other than 1.0, BHP must be corrected.

© 2012 Xylem Inc. A-C Fire Pump is a trademark of Xylem Inc. or one of its subsidiaries.



