FIRE FIRE PUMP SYSTEMS FP 2.1
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NOTES

1. All Dimensions are in inches.

2. Flanges are 125# suction and 250# discharge per ANSI B16.1.

3. Baseplate setting (before piping), grouting procedures and final alignment
must be in accordance with A-C Fire Pump Systems recommended
procedures outlined in the Instruction Manual associated with this pump
type.

4. Motor dimensions are approximate for a given NEMA frame. Consult
factory if space is limited.

5. Both suction and discharge pipes must be supported independently near
the pump to reduce strain on the pump casing. Also expansion joints, if
used, must not exert force on casing.
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