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Company: Size: ECOCIRC 20-18 Check V
Name: Catalog: Xylem.Bell and Gossett.Ecocirc 19-16 & 20-18  Speed: 5400 rpm Powered By
Date: 08/05/2020 Ecocirc Proportional Pressure - 9999 rpm Line: Max Curve ( “
Design Point: --- Curve: - UPUMP'FLO

Static Head: 0 ft




