
SUBMITTAL

B-148A
JOB:   REPRESENTATIVE:  
     
     

UNIT TAG:  ORDER NO. DATE:  

ENGINEER: SUBMITTED BY: DATE:

CONTRACTOR: APPROVED BY: DATE:

Series 60 Stock Pumps
Maintenance Free In-Line Mounted Pump

SPECIFICATIONS

FLOW     HEAD  

HP     RPM  

VOLTS  

CYCLE     PHASE  

MATERIALS OF CONSTRUCTION/FEATURES
 1750 RPM ODP MOTOR
 FACTORY TESTED
 THREE YEAR WARRANTY
 INTERNAL SELF-FLUSHING MECHANICAL SEAL
 175 PSI (12bar) MAX.W.P
 XLii LUBRICATION SYSTEM
 BURA/CARBON-CERAMIC SEAL (-20°F TO 225°F)
 BRONZE FITTED OR ALL BRONZE CONSTRUCTION

  
 

 



Series 60 Stock Centrifugal Pump Submittal B-148A

MODEL

SUCTION AND
DISCHARGE

SIZE
INCHES NPT

PUMP DIMENSION IN INCHES (MM)

F G K L M N P R S T

601,602 & 603 1 6-7/16 (164) 3-7/16 (87) 3-5/8 (92) 1-3/8 (35) 2-1/2 (64) 7-1/2 (190) 3/4 (19) 5 (127) 6 (152) 11 (279)

604,605 & 606 1-1/4 6-7/16 (164) 3-7/16 (87) 3-5/8 (92) 1-3/8 (35) 2-1/2 (64) 7-1/2 (190) 3/4 (19) 5 (127) 6 (152) 11 (279)

607,608 & 609 1-1/2 6-9/16 (167) 3-5/8 (92) 3-3/4 (95) 1-3/8 (35) 2-3/4 (70) 7-7/8 (200) 3/4 (19) 5 (127) 6-1/2 (165) 11-1/2 (292)

613,614 & 621 1-1/2 6-11/16 (170) 3-3/8 (86) 4-1/16 (103) 1 (25) 3-9/16 (90) 8-9/16 (217) 3/4 (19) 6-1/2 (165) 7 (176) 13-1/2 (343)

617,618,622 &
623

1-1/2 9-3/8 (238) 3-1/4 (83) 4-5/8 (117) 1 (25) 3-7/8 (98) 9-1/2 (241) 3/4 (19) 6-1/2 (165) 7 (176) 13-1/2 (343)

610,611 & 612 2 6-11/16 (170) 3-3/4 (95) 3-3/4 (95) 1-3/8 (35) 2-7/8 (73) 8 (203) 13/16 (21) 5 (127) 6-1/2 (165) 11-1/2 (292)

615,616 2 6-15/16 (170) 3-1/2 (89) 4-3/8 (111) 1 (25) 4 (102) 9-3/8 (238) 13/16 (21) 6-1/2 (165) 7 (176) 13-1/2 (343)

619,620 &624 2 9-3/8 (238) 3-1/2 (89) 4-3/4 (121) 1 (25) 4-1/8 (105) 9-7/8 (251) 13/16 (21) 6-1/2 (165) 7-1/2 (165) 14 (356)

Maximium working pressure 175 PSI (12 Bar)
 
 
Single phase 115V/230V, "B" model stands for all bronze construction. Dimensions-Inches (mm)

PART # MODEL PUMP SIZE HP IMP DIA A B C D E H
APP WEIGHT

LBS

172701LF 601S 1x1x5-1/4 1/4 4.38" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 48

172704LF B601S 1x1x5-1/4 1/4 4.38" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 48

172947LF 602S 1x1x5-1/4 1/3 4.84" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 53

172705LF B602S 1x1x5-1/4 1/3 4.84" 10-1/8 (527) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 53

172703LF 603S 1x1x5-1/4 1/2 5.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 21-1/8 (537) 55

172706LF B603S 1x1x5-1/4 1/2 5.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 21-1/8 (537) 55

172707LF 604S 1-1/4x1-1/4x5-1/4 1/4 4.38" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 50

172709LF B604S 1-1/4x1-1/4x5-1/4 1/4 4.38" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 50

172708LF 605S 1-1/4x1-1/4x5-1/4 1/3 4.84" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 55

172710LF B605S 1-1/4x1-1/4x5-1/4 1/3 4.84" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 55

172667LF 606S 1-1/4x1-1/4x5-1/4 1/2 5.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 57

172711LF B606S 1-1/4x1-1/4x5-1/4 1/2 5.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 57

172712LF 607S 1-1/2x1-1/2x5-1/4 1/3 4.38" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 20-3/16 (513) 59

172714LF B607S 1-1/2x1-1/2x5-1/4 1/3 4.38" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 10 (254) 20-3/16 (513) 59

172713LF 608S 1-1/2x1-1/2x5-1/4 1/2 4.94" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 61

172715LF B608S 1-1/2x1-1/2x5-1/4 1/2 4.94" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 61

172668LF 609S 1-1/2x1-1/2x5-1/4 3/4 5.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 63

172716LF B609S 1-1/2x1-1/2x5-1/4 3/4 5.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 63

172717LF 610S 2x2x5-1/4 1/2 4.12" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 63

172719LF B610S 2x2x5-1/4 1/2 4.12" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 63

172718LF 611S 2x2x5-1/4 3/4 4.75" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 71

172720LF B611S 2x2x5-1/4 3/4 4.75" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 71

172669LF 612S 2x2x5-1/4 1 5.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 78

172721LF B612S 2x2x5-1/4 1 5.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 78

172948LF 626S 3x3x5-1/4 3/4 4.375" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 20-7/16 (520) 77

172950LF B626S 3x3x5-1/4 3/4 4.375" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 20-7/16 (520) 77

172952LF 627S 3x3x5-1/4 1-1/2 5.25" 8-3/4 (222) 2-1/4 (57) 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 21-1/8 (536) 87

172954LF B627S 3x3x5-1/4 1-1/2 5.25" 8-3/4 (222) 2-1/4 (57) 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 21-1/8 (536) 87

172755LF 621S 1-1/2x1-1/2x6-1/4 1/2 4.88" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/6 (541) 66

172771LF B621S 1-1/2x1-1/2x6-1/4 1/2 4.88" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/6 (541) 66

172722LF 613S 1-1/2x1-1/2x6-1/4 3/4 5.75" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/6 (541) 68

172670LF 614S 1-1/2x1-1/2x6-1/4 1 6.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 9-3/4 (248) 21-7/16 (545) 85

172773LF B614S 1-1/2x1-1/2x6-1/4 1 6.25" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 9-3/4 (248) 21-7/16 (545) 85

172723LF 615S 2x2x6-1/4 3/4 5.62" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 77

172775LF B615S 2x2x6-1/4 3/4 5.62" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 77

172671LF 616S 2x2x6-1/4 1 6.22" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/4 (121) 9-3/4 (248) 21-7/16 (545) 86

172757LF 622S 1-1/2x1-1/2x7 3/4 5.50" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 81

172758LF 623S 1-1/2x1-1/2x7 1 6.0" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 90

172724LF 617S 1-1/2x1-1/2x7 1-1/2 6.5" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 102

172761LF 624S 2x2x7 1 5.69" 10-1/8 (257) 2-1/4 (57) 7-7/8 (200) 4-3/4 (121) 11 (279) 23-5/8 (600) 95

172762LF 625S 2x2x7 1-1/2 6.12" 8-3/4 (222) 2-1/4 (57) 6-1/2 (200) 3-1/4 (83) 10-3/4 (273) 21-5/8 (549) 108



Series 60 Stock Centrifugal Pump Submittal B-148A

 
Three phase 208-230V/460V, "B" model stands for all bronze construction. Dimensions -Inches (mm)

PART # MODEL PUMP SIZE HP IMP DIA A B C D E H
APP WEIGHT

LBS

172725LF 601T 1x1x5-1/4 1/4 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 48

172728LF B601T 1x1x5-1/4 1/4 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 48

172726LF 602T 1x1x5-1/4 1/3 4.84" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 53

172729LF B602T 1x1x5-1/4 1/3 4.84" 7-7/8 (20) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 53

172727LF 603T 1x1x5-1/4 1/2 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 55

172730LF B603T 1x1x5-1/4 1/2 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 55

172731LF 604T 1-1/4x1-1/4x5-1/4 1/4 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 50

172734LF B604T 1-1/4x1-1/4x5-1/4 1/4 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 50

172732LF 605T 1-1/4x1-1/4x5-1/4 1/3 4.84" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 55

172735LF B605T 1-1/4x1-1/4x5-1/4 1/3 4.84" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 55

172733LF 606T 1-1/4x1-1/4x5-1/4 1/2 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 57

172736LF B606T 1-1/4x1-1/4x5-1/4 1/2 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 57

172737LF 607T 1-1/2x1-1/2x5-1/4 1/3 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 20-7/16 (519) 59

172740LF B607T 1-1/2x1-1/2x5-1/4 1/3 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 20-7/16 (519) 59

172738LF 608T 1-1/2x1-1/2x5-1/4 1/2 4.94" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 61

172741LF B608T 1-1/2x1-1/2x5-1/4 1/2 4.94" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 61

172739LF 609T 1-1/2x1-1/2x5-1/4 3/4 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 63

172742LF B609T 1-1/2x1-1/2x5-1/4 3/4 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 63

172743LF 610T 2x2x5-1/4 1/2 4.12" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 63

172746LF B610T 2x2x5-1/4 1/2 4.12" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 63

172744LF 611T 2x2x5-1/4 3/4 4.75" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 71

172747LF B611T 2x2x5-1/4 3/4 4.75" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 71

172745LF 612T 2x2x5-1/4 1 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 78

172748LF B612T 2x2x5-1/4 1 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 78

172949LF 626T 3x3x5-1/4 3/4 4.375" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 20-7/16 (520) 77

172951LF B626T 3x3x5-1/4 3/4 4.375" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 20-7/16 (520) 77

172953LF 627T 3x3x5-1/4 1-1/2 5.25" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 21-1/8 (536) 87

172955LF B627T 3x3x5-1/4 1-1/2 5.25" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 21-1/8 (536) 87

172756LF 621T 1-1/2x1-1/2x6-1/4 1/2 4.88" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/6 (541) 66

172772LF B621T 1-1/2x1-1/2x6-1/4 1/2 4.88" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/6 (541) 66

172749LF 613T 1-1/2x1-1/2x6-1/4 3/4 5.75" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/6 (541) 68

172750LF 614T 1-1/2x1-1/2x6-1/4 1 6.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/16 (541) 85

172774LF B614T 1-1/2x1-1/2x6-1/4 1 6.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/16 (541) 85

172751LF 615T 2x2x6-1/4 3/4 5.62" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 77

172776LF B615T 2x2x6-1/4 3/4 5.62" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 77

172752LF 616T 2x2x6-1/4 1 6.22" 7-7/8 (200) - 7-7/8 (200) 4-3/4 (121) 9-3/4 (248) 21-7/16 (545) 86

172759LF 622T 1-1/2x1-1/2x7 3/4 5.50" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 81

172760LF 623T 1-1/2x1-1/2x7 1 6.0" 7-7/8 (200) - 7-7/8 (200) 4-3/4 (121) 11 (279) 23-5/8 (600) 90

172753LF 617T 1-1/2x1-1/2x7 1-1/2 6.5" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 21-1/8 (536) 102

172672LF 618T 1-1/2x1-1/2x7 2 7" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 23-3/8 (543) 115

172763LF 624T 2x2x7 1 5.69" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 9-3/4 (248) 23-7/8 (606) 95

172764LF 625T 2x2x7 1-1/2 6.12" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10 (254) 21-3/8 (543) 108

172754LF 619T 2x2x7 2 6.5" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10 (254) 21-3/8 (543) 118

172673LF 620T 2x2x7 3 7" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 11-3/8 (289) 22-1/4 (565) 131

 
 



Series 60 Stock Centrifugal Pump Submittal B-148A

 
Three phase 575V, "B" model stands for all bronze construction. Dimensions -Inches (mm)

PART # MODEL PUMP SIZE HP IMP DIA A B C D E H
APP WEIGHT

LBS

172850LF 601T 1x1x5-1/4 1/4 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 48

172877LF B601T 1x1x5-1/4 1/4 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 48

172851LF 602T 1x1x5-1/4 1/3 4.84" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 53

172878LF B602T 1x1x5-1/4 1/3 4.84" 7-7/8 (20) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 53

172852LF 603T 1x1x5-1/4 1/2 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 55

172879LF B603T 1x1x5-1/4 1/2 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 55

172853LF 604T 1-1/4x1-1/4x5-1/4 1/4 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 50

172880LF B604T 1-1/4x1-1/4x5-1/4 1/4 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 50

172854LF 605T 1-1/4x1-1/4x5-1/4 1/3 4.84" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 55

172881LF B605T 1-1/4x1-1/4x5-1/4 1/3 4.84" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 19-7/8 (505) 55

172855LF 606T 1-1/4x1-1/4x5-1/4 1/2 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 57

172882LF B606T 1-1/4x1-1/4x5-1/4 1/2 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-1/8 (537) 57

172856LF 607T 1-1/2x1-1/2x5-1/4 1/3 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 20-7/16 (519) 59

172883LF B607T 1-1/2x1-1/2x5-1/4 1/3 4.38" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 10 (254) 20-7/16 (519) 59

172857LF 608T 1-1/2x1-1/2x5-1/4 1/2 4.94" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 61

172884LF B608T 1-1/2x1-1/2x5-1/4 1/2 4.94" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 61

172858LF 609T 1-1/2x1-1/2x5-1/4 3/4 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 63

172885LF B609T 1-1/2x1-1/2x5-1/4 3/4 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 63

172859LF 610T 2x2x5-1/4 1/2 4.12" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 63

172886LF B610T 2x2x5-1/4 1/2 4.12" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 63

172860LF 611T 2x2x5-1/4 3/4 4.75" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 71

172887LF B611T 2x2x5-1/4 3/4 4.75" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-11/16 (551) 71

172861LF 612T 2x2x5-1/4 1 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 78

172888LF B612T 2x2x5-1/4 1 5.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 78

172862LF 626T 3x3x5-1/4 3/4 4.375" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 20-7/16 (520) 77

172889LF B626T 3x3x5-1/4 3/4 4.375" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 20-7/16 (520) 77

172863LF 627T 3x3x5-1/4 1-1/2 5.25" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 21-1/8 (536) 87

172890LF B627T 3x3x5-1/4 1-1/2 5.25" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 21-1/8 (536) 87

172864LF 621T 1-1/2x1-1/2x6-1/4 1/2 4.88" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/6 (541) 66

172891LF B621T 1-1/2x1-1/2x6-1/4 1/2 4.88" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/6 (541) 66

172865LF 613T 1-1/2x1-1/2x6-1/4 3/4 5.75" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/6 (541) 68

172866LF 614T 1-1/2x1-1/2x6-1/4 1 6.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/16 (541) 85

172892LF B614T 1-1/2x1-1/2x6-1/4 1 6.25" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-5/16 (541) 85

172867LF 615T 2x2x6-1/4 3/4 5.62" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 77

172893LF B615T 2x2x6-1/4 3/4 5.62" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 21-7/16 (545) 77

172868LF 616T 2x2x6-1/4 1 6.22" 7-7/8 (200) - 7-7/8 (200) 4-3/4 (121) 9-3/4 (248) 21-7/16 (545) 86

172869LF 622T 1-1/2x1-1/2x7 3/4 5.50" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 11 (279) 23-5/8 (600) 81

172870LF 623T 1-1/2x1-1/2x7 1 6.0" 7-7/8 (200) - 7-7/8 (200) 4-3/4 (121) 11 (279) 23-5/8 (600) 90

172871LF 617T 1-1/2x1-1/2x7 1-1/2 6.5" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 21-1/8 (536) 102

172872LF 618T 1-1/2x1-1/2x7 2 7" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10-3/4 (273) 23-3/8 (543) 115

172873LF 624T 2x2x7 1 5.69" 7-7/8 (200) - 7-7/8 (200) 4-3/8 (111) 9-3/4 (248) 23-7/8 (606) 95

172874LF 625T 2x2x7 1-1/2 6.12" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10 (254) 21-3/8 (543) 108

172875LF 619T 2x2x7 2 6.5" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 10 (254) 21-3/8 (543) 118

172673LF 620T 2x2x7 3 7" 6-1/2 (165) - 6-1/2 (165) 3-1/4 (83) 11-3/8 (289) 22-1/4 (565) 131
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