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BeII & Gossett SUBMITTAL
a xylem brand
B-881.18C
JOB: REPRESENTATIVE:
UNIT TAG: ORDER NO. DATE:
ENGINEER: SUBMITTED BY: DATE:
CONTRACTOR: APPROVED BY: DATE:
Close-Coupled Centrifugal Pumps
SPECIFICATIONS MATERIALS OF CONSTRUCTION TYPE OF SEAL
FLOW HEAD X stainless Steel Fitted [ standard Seal
(Buna-Carbon/Ceramic)
HP RPM MAXIMUM WORKING PRESSURE [ -F Standard Seal w/ Flush Line
VOLTS X175 psi (12 bar) W.P. (Buna-Carbon/Ceramic)
with 125# ANSI flange drilling [ -s stuffing Box Construction w/ Flushed
CYCLE PHASE Mechanical Single Seal
ENCLOSURE EPR-Tungsten Carbide/Carbon)
0 -pF Stuffing Box Construction
APPROX. WEIGHT w/ Flushed Packing
SPECIALS (Graphite Impregnated Teflon)
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yBell & Gossett SUBMITTAL
a xylem brand
B-881.18C
JOB: REPRESENTATIVE:
UNIT TAG: ORDER NO. DATE:
ENGINEER: SUBMITTED BY: DATE:
CONTRACTOR: APPROVED BY: DATE:
Close-Coupled Centrifugal Pumps
SPECIFICATIONS MATERIALS OF CONSTRUCTION TYPE OF SEAL
FLOW HEAD X stainless Steel Fitted [ standard Seal
(Buna-Carbon/Ceramic)
HP RPM MAXIMUM WORKING PRESSURE [ -F Standard Seal w/ Flush Line
VOLTS X175 psi (12 bar) W.P. (Buna-Carbon/Ceramic)
with 125# ANSI flange drilling [ -s stuffing Box Construction w/ Flushed
CYCLE PHASE Mechanical Single Seal
ENCLOSURE EPR-Tungsten Carbide/Carbon)
0 -pF Stuffing Box Construction
APPROX. WEIGHT w/ Flushed Packing
SPECIALS (Graphite Impregnated Teflon)
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yBell & Gossett SUBMITTAL
a xylem brand
B-881.18C

JOB: REPRESENTATIVE:

UNIT TAG: ORDER NO. DATE:

ENGINEER: SUBMITTED BY: DATE:

CONTRACTOR: APPROVED BY: DATE:

Close-Coupled Centrifugal Pumps
SPECIFICATIONS MATERIALS OF CONSTRUCTION TYPE OF SEAL
FLOW HEAD X stainless Steel Fitted [ standard Seal
(Buna-Carbon/Ceramic)
WP ______ RPM MAXIMUM WORKING PRESSURE [ -F Standard Seal w/ Flush Line
VOLTS X175 psi (12 bar) W.P. (Buna-Carbon/Ceramic)
with 125# ANSI flange drilling [ -s stuffing Box Construction w/ Flushed

CYCLE B PHASE Mechanical Single Seal
ENCLOSURE EPR-Tungsten Carbide/Carbon)

APPROX. WEIGHT

SPECIALS

0 -pF Stuffing Box Construction
w/ Flushed Packing
(Graphite Impregnated Teflon)
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Series e-1532 2BD Centrifugal Pump Submittal B-881.18C
cp DISCHARGE
— Y —| AB 7 —
GAUGE TAPPINGS SUCTION — PUMP DIMENSIONS - INCHES (MM)
1/4“ NPT
T ] X Y z
‘ ( ) ]( 7.00 (178) 4.00 (102) 5.87 (149)
o) T m | &J ‘ FLANGE DIMENSIONS - INCHES (MM)
D t—J NO. OF | SIZE OF
l 1 — | DD 125# ANSI FLAT FACE NOMINAL PIPE SIZE | O.D | THICKNESS BOLT CIRCLE DIAMETER BOLTS BOLTS
6.00 0.69 4.75 0.63
He gOL L, | axs . \ PISCHARGE 2 a5 | a8 @2y ‘| as
LI ’ ol | e 28— te
12 H 7.00 0.75 5.50 0.63
HH-| e HFZ:l-j« F A s SUCTION 25 wrs) P 140) 4 5
HB +— B — 2HE
HA
DIMENSIONS - INCHES (MM) STANDARD SEAL
MOTOR CP HF2
FRAME A AB HB MAX D HF G Gl H HH HA F2 2E 2HE MAX B F ] HG DD
145IM 11.00 7.00 10.00 19.88 3.50 8.75 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 4.20 6.00 4.38 7.25 4.50 8.00
(279) (178) (254) (505) (89) (222) (18) (5) (16) (13) (346) (39) (232) (318) (107) (152) (111) (184) (114) (203)
182IM 11.00 8.50 10.50 23.75 4.50 9.25 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 4.95 6.00 4.38 9.38 3.50 8.00
(279) (216) (267) (603) (114) (235) (18) 5) (16) (13) (346) (39) (232) (318) (126) (152) (111) (238) (89) (203)
184IM 11.00 8.50 10.50 23.75 450 9.25 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 495 6.00 4.38 9.38 3.50 8.00
(279) (216) (267) (603) (114) (235) (18) (5) (16) (13) (346) (39) (232) (318) (126) (152) (111) (238) (89) (203)
213IM 11.00 10.75 12.00 25.00 5.25 10.75 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 5.83 6.00 4.38 1113 2.75 8.00
(279) (273) (305) (635) (133) (273) (18) (5) (16) (13) (346) (39) (232) (318) (148) (152) (111) (283) (70) (203)
215IM 11.00 10.75 12.00 26.50 5.25 10.75 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 5.83 6.00 4.38 1113 2.75 8.00
(279) (273) (305) (673) (133) (273) (18) 5) (16) (13) (346) (39) (232) (318) (148) (152) (111) (283) (70) (203)
254IM 11.00 10.75 15.50 30.38 6.25 14.25 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 7.08 6.00 4.38 13.13 1.75 8.00
(279) (273) (394) (772) (159) (362) (18) (5) (16) (13) (346) (39) (232) (318) (180) (152) (111) (333) (44) (203)
256IM 11.00 10.75 15.50 32.13 6.25 14.25 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 7.08 6.00 4.38 13.13 1.75 8.00
(279) (273) (394) (816) (159) (362) (18) (5) (16) (13) (346) (39) (232) (318) (180) (152) (111) (333) (44) (203)
284IM 11.00 12.63 17.00 31.63 7.00 15.50 1.69 0.25 0.63 0.63 14.00 1.55 9.13 12.50 6.95 6.00 4.38 15.00 2.00 9.00
(279) (321) (432) (803) (178) (394) (43) (6) (16) (16) (356) (39) (232) (318) 177) (152) (111) (381) (51) (229)
286IM 11.00 12.63 17.00 33.13 7.00 15.50 1.69 0.25 0.63 0.63 14.00 1.55 9.13 12.50 6.95 6.00 4.38 15.00 2.00 9.00
(279) (321) (432) (841) (178) (394) (43) (6) (16) (16) (356) (39) (232) (318) 77 (152) (112) (381) (51) (229)
324IM 11.00 15.13 14.00 34.63 8.00 10.50 0.69 0.75 0.63 0.66 16.00 1.55 9.13 12.50 9.70 6.00 4.38 17.00 0.00 8.00
(279) (384) (356) (879) (203) (267) (18) (19) (16) 17) (406) (39) (232) (318) (246) (152) (111) (432) 0) (203)
326IM 11.00 15.13 15.50 36.13 8.00 12.00 0.69 0.75 0.63 0.66 16.00 1.55 9.13 12.50 9.70 6.00 4.38 17.00 0.00 8.00
(279) (384) (394) (918) (203) (305) (18) (19) (16) 17) (406) (39) (232) (318) (246) (152) (111) (432) 0) (203)
DIMENSIONS - INCHES (MM) STUFFING BOX
MOTOR CP HF2
FRAME A AB HB MAX D HF G Gl H HH HA F2 2E 2HE MAX B F o HG DD
1453 11.00 7.00 10.00 23.00 3.50 8.75 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 7.33 6.00 4.38 7.25 450 8.00
(279) (178) (254) (584) (89) (222) (18) (5) (16) (13) (346) (39) (232) (318) (186) (152) (111) (184) (114) (203)
1823 11.00 8.50 10.50 25.88 4.50 9.25 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 8.08 6.00 4.38 9.38 3.50 8.00
(279) (216) (267) (657) (114) (235) (18) 5) (16) (13) (346) (39) (232) (318) (205) (152) (111) (238) (89) (203)
1843 11.00 8.50 10.50 25.88 4.50 9.25 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 8.08 6.00 4.38 9.38 3.50 8.00
(279) (216) (267) (657) (114) (235) 18) 5) (16) (13) (346) (39) (232) (318) (205) (152) (111) (238) (89) (203)
2133P 11.00 10.75 12.00 28.88 5.25 10.75 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 9.70 6.00 4.38 1113 2.75 8.00
(279) (273) (305) (733) (133) (273) (18) (5) (16) (13) (346) (39) (232) (318) (246) (152) (111) (283) (70) (203)
2153p 11.00 10.75 12.00 30.38 5.25 10.75 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 9.70 6.00 4.38 1113 2.75 8.00
(279) (273) (305) (772) (133) (273) (18) 5) (16) (13) (346) (39) (232) (318) (246) (152) (111) (283) (70) (203)
2543P 11.00 10.75 15.50 33.25 6.25 14.25 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 9.95 6.00 4.38 13.13 1.75 8.00
(279) 273) (394) (845) (159) (362) 18) (5) (16) (13) (346) (39) (232) (318) (253) (152) (111) (333) (44) (203)
2560P 11.00 10.75 15.50 35.00 6.25 14.25 0.69 0.19 0.63 0.50 13.63 1.55 9.13 12.50 9.95 6.00 4.38 13.13 1.75 8.00
(279) (273) (394) (889) (159) (362) (18) (5) (16) (13) (346) (39) (232) (318) (253) (152) (111) (333) (44) (203)
2843P 11.00 12.63 17.00 34.50 7.00 15.50 1.69 0.25 0.63 0.63 14.00 1.55 9.13 12.50 9.83 6.00 4.38 15.00 2.00 9.00
(279) (321) (432) (876) (178) (394) (43) (6) (16) (16) (356) (39) (232) (318) (250) (152) (111) (381) (51) (229)
2860P 11.00 12.63 17.00 36.00 7.00 15.50 1.69 0.25 0.63 0.63 14.00 1.55 9.13 12.50 9.83 6.00 4.38 15.00 2.00 9.00
(279) (321) (432) (914) (178) (394) (43) (6) (16) (16) (356) (39) (232) (318) (250) (152) (111) (381) (51) (229)
3243P 11.00 15.13 14.00 37.50 8.00 10.50 0.69 0.75 0.63 0.66 16.00 1.55 9.13 12.50 12.58 6.00 4.38 17.00 0.00 8.00
(279) (384) (356) (952) (203) (267) (18) (19) (16) 17) (406) (39) (232) (318) (319) (152) (111) (432) 0) (203)
3260P 11.00 15.13 15.50 39.00 8.00 12.00 0.69 0.75 0.63 0.66 16.00 1.55 9.13 12.50 12.58 6.00 4.38 17.00 0.00 8.00
(279) (384) (394) (991) (203) (305) (18) (19) (16) 17) (406) (39) (232) (318) (319) (152) (111) (432) 0) (203)

Dimensions are subject to change. Not to be used for construction purposes unless certified.

Xylem Inc.

8200 N. Austin Avenue
Morton Grove, IL 60053
Phone: (847)966-3700
Fax: (847)965-8379
www.bellgossett.com

Bell & Gossett is a trademark of Xylem Inc. or one of its subsidiaries.

© 2015 Xylem Inc.
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Series e-1532 2BD Centrifugal Pump Submittal B-881.18C
| He suenion DISCHARGE!\l
[¢«—— Z—>|
GAUGE TAPPINGS |‘_Y_’
1/4“ NPT {—e— i A
Ny PUMP DIMENSIONS - INCHES (MM)
. - |9 Y z
N 4.00 (102) 5.87 (149)
| |
HM ' L/
L Ho FLANGE DIMENSIONS - INCHES (MM)
U 1254 ANSI FLAT FACE | NOMINAL PIPE SIZE | 0.D. | THICKNESS | BOLT CIRCLE DIAMETER | NO: OF | SIZE OF
HD BOLTS | BOLTS
. 6.00 0.69 4.75 0.63
:I I: DISCHARGE 2 (152) a8 (a21) 4 (16)
7.00 0.75 5.50 0.63
. SUCTION 25 4
v (178) (19) (140) (16)
H / |<— HF, ——>{<-HL—>] | HE |
HF, BOLTING
DIA. BOLTING HP < A
HB | |
DIMENSIONS - INCHES (mm) STANDARD SEAL
"ésfzﬁg HA HB SEX HD 2HE HF1 HF2 HH HL l\’/l-|AM>< HO HP
1450M 14.63 31.00 19.88 10.75 12.88 25.00 0.75 2,69 14.50 17.75 3.00
(371) (787) (505) (273) (327) (635) (19) (68) (368) (451) (76)
1823M 14.63 31.00 23.75 10.75 12.88 25.00 0.75 2,69 16.00 17.75 3.00
(371) (787) (603) (273) (327) (635) (19) (68) (408) (451) (76)
1843M 14.63 31.00 23.75 10.75 12.88 25.00 0.75 2.69 16.00 17.75 3.00
(371) (787) (603) (273) (327) (635) (19) (68) (408) (451) (76)
2139M 14.63 31.00 25.00 10.75 12.88 25.00 0.75 2,69 16.63 17.75 3.00
(371) (787) (635) (273) (327) (635) (19) (68) (422) (451) (76)
215M 14.63 31.00 26.50 10.75 12.88 25.00 0.75 2,69 16.63 17.75 3.00
(371) (787) (673) (273) (327) (635) (19) (68) (422) (451) (76)
2543M 16.00 46.50 30.38 12.00 14.00 36.50 18.25 0.88 3.81 18.88 19.00 5.00
(406) (1181) (772) (305) (356) (927) (464) (22) ©7) (479) (483) (127)
2569M 16.00 46.50 3213 12.00 14.00 36.50 18.25 0.88 381 18.88 19.00 5.00
(406) (1181) (816) (305) (356) (927) (464) (22) 97) (479) (483) (127)
2843M 16.00 46.50 3163 13.00 14.00 36.50 18.25 0.88 381 21.00 20.00 5.00
(406) (1181) (803) (330) (356) (927) (464) (22) 97) (533) (508) (127)
286IM 16.00 46.50 33.13 13.00 14.00 36.50 18.25 0.88 381 21.00 20.00 5.00
(406) (1181) (841) (330) (356) (927) (464) (22) (97) (533) (508) (127)
3243M 16.00 46.50 34.63 12.00 14.00 36.50 18.25 0.88 381 2113 19.00 5.00
(406) (1181) (879) (305) (356) (927) (464) (22) 97) (537) (483) (127)
3260M 16.00 46.50 36.13 12.00 14.00 36.50 18.25 0.88 381 2113 19.00 5.00
(406) (1181) (918) (305) (356) (927) (464) (22) 97 (537) (483) (127)
DIMENSIONS - INCHES (mm) STUFFING BOX
"é'g;ﬁg HA HB Sfx HD 2HE HF1 HF2 HH HL h:'AMX HO HP
1450P 14.63 31.00 23.00 10.75 12.88 25.00 0.75 2.69 14.50 17.75 3.00
(371) (787) (584) (273) (327) (635) (19) (68) (368) (451) (76)
1820P 14.63 31.00 25.88 10.75 12.88 25.00 0.75 2,69 16.00 17.75 3.00
(371) (787) (657) (273) (327) (635) (19) (68) (408) (451) (76)
1840P 14.63 31.00 25.88 10.75 12.88 25.00 0.75 2,69 16.00 17.75 3.00
(371) (787) (657) (273) (327) (635) (19) (68) (408) (451) (76)
2130P 14.63 31.00 28.88 10.75 12.88 25.00 0.75 2,69 16.63 17.75 3.00
(371) (787) (733) (273) (327) (635) (19) (68) (422) (451) (76)
2150P 14.63 31.00 30.38 10.75 12.88 25.00 0.75 381 17.88 17.75 3.00
(371) (787) (772) (273) (327) (635) (19) 97) (454) (451) (76)
2543P 16.00 46.50 33.25 12.00 14.00 36.50 18.25 0.88 381 18.88 19.00 5.00
(406) (1181) (845) (305) (356) (927) (464) (22) 97) (479) (483) (127)
2569P 16.00 46.50 35.00 12.00 14.00 36.50 18.25 0.88 3.81 18.88 19.00 5.00
(406) (1181) (889) (305) (356) (927) (464) (22) 97) (479) (483) (127)
2843P 16.00 46.50 34.50 13.00 14.00 36.50 18.25 0.88 381 21.00 20.00 5.00
(406) (1181) (876) (330) (356) (927) (464) (22) 97) (533) (508) (127)
2860P 16.00 46.50 36.00 13.00 14.00 36.50 18.25 0.88 381 21.00 20.00 5.00
(406) (1181) (914) (330) (356) (927) (464) (22) 97) (533) (508) (127)
3243p 16.00 46.50 37.50 12.00 14.00 36.50 18.25 0.88 3.81 2113 19.00 5.00
(406) (1181) (952) (305) (356) (927) (464) (22) 97) (537) (483) (127)
3260P 16.00 46.50 39.00 12.00 14.00 36.50 18.25 0.88 381 2113 19.00 5.00
(406) (1181) (991) (305) (356) (927) (464) (22) 97) (537) (483) (127)
Dimensions are subject to change. Not to be used for construction purposes unless certified.
Xylem Inc.
8200 N. Austin Avenue e m
Morton Grove, IL 60053
Phone: (847)966-3700 Let’s Solve Water

Fax: (847)965-8379
www.bellgossett.com

Bell & Gossett is a trademark of Xylem Inc. or one of its subsidiaries.

© 2015 Xylem Inc.



