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Hoffman Speciality®

Series 655 - 658
656A

656T - 658T
Thermodisc Steam Traps

Inlet Pressure psig(bar)
Thermodisc Trap
Flow Rate Ib/hr{kg/hr)
Differential Pressure psig(bar)
Seat Rating _psi(bar)
Ratings Materials of Construction
Max. Operating Maximum (I;art ~Sod ?pecg‘:;:;tslgsl Sia
Model Pressure Temperature ?p and body ype "_‘ £58 e
Numb ialb °F (°C) Disc Hardened Stainless Steel
umber psig(bar) Seat Hardened Stainless Steel
655/658 600 (41.4) 750 (399) GasketSeal, Graphite
6551/658T 250 (17.3) 425 (218) Series 655/658 & 656A
656A 600 (41.4) 750 (399) Gasket/Seal, Teflon®
Series 655T/658T




Dimensions in. (mm)

NPT Weight
Size {Approx.)
Model in, A B c Ibs. (kg) |
655/655T % 1 (25) [1%:{40)| 2% (59) | 1 (0.5) _I_
656/656A/
656T % | 1%(32) | 1%(48)| 2%(75) | 1 (0.5) P oA
657/657T | % | 1%4(38) | 2%(56)| 3%:(82) | 2 (0.9) ImN
658/658T 1 1% (45) | 2%:(65)| 3'%:(97) | 3 (1.4) ¢
Capacities Ibs./hr. (kg/hr.)
For Steam Service
Pressure %" NPT %" NPT %" NPT 1" NPT
psig (bar) 655/655T 656/656T 657/657T 658/658T
600 (41.4) 330 (149) 760  (344) 1300 (389) 1500  (680)
500 (34.5) 320  (145) 730 (331) 1240  (562) 1450 (637)
400 (27.6) 305  (138) 890  (312) 1140 (517) 1400  (635)
300 (20.7) 285  (129) 650  (294) 1010 (438) 1320 (398)
250 (17.2) 275 (124) 610  (276) 930  {(421) 1260 (571)
200 (13.8) 260  (117) 580  (263) 860  (390) 1200  (544)
150 (10.3) 240 (108) 530  (240) 770 (349) 1120  (508)
100 (6.9) 210 {(95) 460  (208) 680  (308) 980  (444)
75 (5.2) 190  (86) 410  (105) 600 (272 900  (408)
50 (3.5) 150  (68) 350  (158) 520  (235) 780  (353)
25 (1.7) 120 (54) 260  (117) 400  (181) 600 (272)
10 (0.7) 90  (40) 180  (81) 260 (117) 400  (181)
For Compressed Air Service
%" NPT
Pressure 656A
psig (bar) ths./hr. (kg/hr.)
250 (17.3) 1400 (635)
200 (13.8) 1280 (580)
150 (10.4) 1160 (5625)
125 (8.6) 1085 {490)
100 (6.9) 975 (440)
75 (5.2) 880 (400)
50 (3.4) 720 {325)
15 (1.0) 380 (170)
xylem ...
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