' GOU LDS SUBMITTAL

SABVSPKG

a xylem brand

AquaBoost™ VS

PRESSURE BOOSTERS

1 SIMPLEX (1 DUPLEX
System Capacity: GPM System Capacity: GPM
Discharge Pressure: PSIG Discharge Pressure: PSIG
Suction Pressure: PSIG Suction Pressure: PSIG
Pump Data Pump Data
Gallons Per Minute: Gallons Per Minute (Pump 1):
Pump TDH (Feet): Gallons Per Minute (Pump 2):
Pump TDH (Feet):
Series NPE
1" x 1%" with 12" System Connections Series NPE
1%" x 1%2" with 1%" System Connections 01" x 1%" with 2" Copper Headers
Motor HP: 0 1%" x 1%" with 3" Copper Headers
Motor RPM: Motor HP:
Voltage: Motor RPM:
Hertz: Voltage:
Phase: Hertz:
Phase:

Options - (Shipped Loose)

1%" 1% 2" 1 NPT or d FLNG

d Low Suction Cut Out Switch d Tank




SIMPLEX

DUPLEX

Maximum Weight

Maximum Weight 410 Lb
206 Lbs. .
JOB: REPRESENTATIVE:
UNIT TAG: ORDER NO.: DATE:
ENGINEER: SUBMITTED BY: DATE:
CONTRACTOR: APPROVED BY: DATE:

Xylem Inc.

10661 Newkirk St, Dallas, TX 75220

Phone: (800) 786-7480 Fax: (214) 357-5861
www.xyleminc.com/brands/gouldswatertechnology

Goulds is a registered trademark of Goulds Pumps, Inc. and is used under license.
AquaBoost CS is a trademark of Xylem Inc. or one of its subsidiaries.
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